
62 ELEMENTOS DE FIXAÇÃO HIDRÁULICOS ANDREAS MAIER GmbH & Co.  

Reserva-se o direito a alterações técnicas.

Cilindro de bloco

Cilindro de bloco

Nº 6926D

Concepção:

Características:

Observação:

Sob consulta:

Nº

enc.

Nº do 

 de 100 bar  de 500 bar  de 100 bar  de 500 bar

[mm] [cm³] [cm³] [mm]

62034 6926D-8-001 2,0 10,0 1,2 6,0 16 3,2 1,9 16 820

62042 6926D-8-002 2,0 10,0 1,2 6,0 50 10,0 6,0 16 1330

295410 6926D-8-200 2,0 10,0 1,2 6,0 100 20,0 12,0 16 2200

62117 6926D-12-001 3,1 15,5 1,6 8,0 16 5,0 2,6 20 880

62133 6926D-12-002 3,1 15,5 1,6 8,0 50 15,5 8,0 20 1380

295436 6926D-12-200 3,1 15,5 1,6 8,0 100 31,0 20,0 20 2300

62174 6926D-20-001 5,0 25,0 2,9 14,5 20 9,8 5,8 25 1220

62182 6926D-20-002 5,0 25,0 2,9 14,5 50 25,0 14,5 25 1800

295451 6926D-20-200 5,0 25,0 2,9 14,5 100 50,0 29,0 25 3100

62257 6926D-32-001 8,0 40,0 4,9 24,5 25 20,0 12,2 32 1990

62323 6926D-32-002 8,0 40,0 4,9 24,5 50 40,0 24,5 32 2630

295477 6926D-32-200 8,0 40,0 4,9 24,5 100 80,0 49,0 32 4500

62398 6926D-50-001 12,5 62,5 7,6 38,0 25 31,4 19,1 40 2760

62406 6926D-50-002 12,5 62,5 7,6 38,0 50 62,5 38,0 40 3590

283184 6926D-50-200 12,5 62,5 7,6 38,0 100 125,0 76,0 40 5800

62554 6926D-78-001 19,6 98,0 11,6 58,0 25 49,0 29,0 50 4380

62562 6926D-78-002 19,6 98,0 11,6 58,0 50 98,0 58,0 50 5520

294637 6926D-78-200 19,6 98,0 11,6 58,0 100 196,0 116,0 50 8500

62596 6926D-125-001 31,1 155,5 18,6 93,0 30 93,5 55,8 63 7900

62604 6926D-125-002 31,1 155,5 18,6 93,0 50 155,5 93,0 63 9280

295535 6926D-125-200 31,1 155,0 18,6 93,0 100 311,0 186,0 63 14500

295550 6926D-200-001 50,3 251,5 30,6 153,0 32 160,0 98,0 80 15000

295360 6926D-200-002 50,3 251,5 30,6 153,0 80 402,0 245,0 80 21000

295592 6926D-200-200 50,3 251,5 30,6 153,0 100 503,0 305,0 80 24000

CAD
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Reserva-se o direito a alterações técnicas.

Cilindro de bloco

Tabela de medidas:

Nº

enc.

Nº do A B C L M Q S Z

62034 6926D-8-001 60 56 35 10 6 11 40 G1/4 8 22 6,5 16,5

62042 6926D-8-002 60 91 35 10 6 11 40 G1/4 8 22 6,5 16,5

295410 6926D-8-200 60 144 35 10 6 11 40 G1/4 8 22 6,5 16,5

62117 6926D-12-001 60 61 35 14 7 11 40 G1/4 10 22 6,5 17,0

62133 6926D-12-002 60 95 35 14 7 11 40 G1/4 10 22 6,5 17,0

295436 6926D-12-200 60 148 35 14 7 11 40 G1/4 10 22 6,5 17,0

62174 6926D-20-001 65 64 45 16 7 11 50 G1/4 13 30 8,5 18,0

62182 6926D-20-002 65 94 45 16 7 11 50 G1/4 13 30 8,5 18,0

295451 6926D-20-200 65 144 45 16 7 11 50 G1/4 13 30 8,5 18,0

62257 6926D-32-001 75 75 55 20 10 11 55 G1/4 17 35 10,5 22,0

62323 6926D-32-002 75 100 55 20 10 11 55 G1/4 17 35 10,5 22,0

295477 6926D-32-200 75 150 55 20 10 11 55 G1/4 17 35 10,5 22,0

62398 6926D-50-001 85 79 63 25 10 11 63 G1/4 22 40 10,5 24,0

62406 6926D-50-002 85 104 63 25 10 11 63 G1/4 22 40 10,5 24,0

283184 6926D-50-200 85 154 63 25 10 11 63 G1/4 22 40 10,5 24,0

62554 6926D-78-001 100 90 75 32 10 13 76 G1/4 27 45 13,0 27,0

62562 6926D-78-002 100 115 75 32 10 13 76 G1/4 27 45 13,0 27,0

294637 6926D-78-200 100 165 75 32 10 13 76 G1/4 27 45 13,0 27,0

62596 6926D-125-001 125 102 95 40 14 17 95 G1/4 36 65 17,0 26,0

62604 6926D-125-002 125 122 95 40 14 17 95 G1/4 36 65 17,0 26,0

295535 6926D-125-200 125 172 95 40 14 17 95 G1/2 36 65 17,0 26,0

295550 6926D-200-001 160 117 120 50 14 21 120 G1/2 46 80 21,0 34,0

295360 6926D-200-002 160 165 120 50 14 21 120 G1/2 46 80 21,0 34,0

295592 6926D-200-200 160 185 120 50 14 21 120 G1/2 46 80 21,0 34,0


